RJ45 END VIEW SPECIFICATIONS
CONTACT CARRIER MATERIAL/COLOR POLYCARBONATE /CLEAR
MOLDED HEAD M/—\TER\AL/COLOR TPU/BLACK
CONTACT MATERIAL/PLATING BRONZE/GOLD
RATED CURRENT [A] 1.5 A
RATED VOLTAGE [V] 42V
19345678 OUTER CABLE JACKET MATERIAL/COLOR TPE /TEAL
CONDUCTOR INSULATION MATERIAL HDPE
1 = WHITE/ORANGE (+TX)
2 — ORANGE (~TX) NUMBER OF CONDUCTORS [AWG] 4UTPx24 AWG, STRANDED
i = \éVLHU‘TEE/CREEN (+RX) TEMPERATURE RANGE —40°C to +80°C (—40°F to +176F)
5 — WHITE/BLUE PROTECTION CLASS NEMA 1 AND IEC IP20
6 = GREEN (—RX)
7 = WHITE/BROWN
8 = BROWN
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"840/8460" RAW CABLE SPECIFICATIONS
CABLE PROPERTIES: OIL, UV, WELD SLAG, AND ABRASION RESISTANT
VOLTAGE RATINGS (MAX): 600V
CATEGORY: CAT 5e; (CABLE WILL MEET CAT 5e CHANNEL REQUIREMENTS TO 90M LENGTH)
POE COMPLIANT (802.3af) UP TO BOM LENGTH WHEN INSTALLED PER RECOMMENDATIONS IN TIA TSB—184
- FLEXLIFE: 10X CABLE OD MIN: 1 MILUON CYCLES (TICK TOCK)
CABLE LENGTH TOLERANCE 20X CABLE OD MIN: 10 MILLION CYCLES (TICK TOCK)
AL LENGTHS | T Ag‘; (OORR EE?W”] OOFF LLE%“GGTTHH TORSION TEST: 3 MILLION CYCLES {1lb LOAD, 360'—71 CYCLES/min)
- WﬂH\éHE\/Egr\? GREATER APPROVALS: C(UL)US CMX—OUTDOOR—CM LISTED, AWM RECOGNIZED
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